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All dimensions are in units mm
The drawing is in compliance with ISO 128-30, Projection Method 1[6—@]

1) Does not Include plastic or metal protrusion of 0.15 max. per side
2) Dambar protrusion shall be maximum 0.1mm total in excess of width lead width


AutoCAD SHX Text
14x

AutoCAD SHX Text
C

AutoCAD SHX Text
2x


	Sheets and Views
	SPO


