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CONTROLLING DIMENSION: INCH.

DIMENSIONS ARE SHOWN IN MILLIMETERS [INCHES].
OUTLINE CONFORMS TO JEDEC OUTLINE TO-257AA.
STANDARD FINAL FINISH ON ALL TERMINALS IS SOLDER ALLOY 63%Sn 37%Pb.
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