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Warning

Additional Information

The maximum voltage on any pin is 4 V.

I2C 1.2kΩ pull-up resistors on SDA and SCL line are already integrated. www.infineon.com
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SPI: CS
SPI: SCLK
SPI: MOSI
SPI: MISO
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Hole (11.6mm distance to IC)


