Package Outline IRAM136-1060A

44.0
41.0

c8X1.2/=3556

Dimensions in mm
For mounting instruction see AN-1049

missing pin : 3,4,7,8,11,12,14,15
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notel: Unit Tolerance is +0.5mm,
Unless Otherwise Specified.
note2: Mirror Surface Mark indicates Pinl Identification.
note3: Part Number Marking.
Characters Font in this drawing differs from
Font shown on Module.

note4: Lot Code Marking.
Characters Font in this drawing differs from
Font shown on Module.

note5: “P” Character denotes Lead Free.
Characters Font in this drawing differs from
Font shown on Module.



